SIEMENS

Data Sheet

Fire Safety Products

Sinorix™ Engineered Fire Suppression Systems

Maintenance Switch
Model CPY-MTS

= Accomplished via a key-switch

a two-gang-deep wiremold box
e Operates on 24VDC

on a 4-inch deep, 1900 square box

ARCHITECT AND ENGINEER SPECIFICATIONS
« Used for avoiding unplanned agent discharge:

« Silk-screened on a two-gang, stainless-steel plate MAINTENANCE SWITCH

e Mounts to a two-gang-deep bell box or
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Product Overview

The maintenance switch from Siemens
Industry — Fire Safety (Model CPY-MTS) is a
key switch that disconnects actuation circuits
in the Sinorix™ Engineered Fire Suppression
system to prevent accidental discharge during
maintenance operations.

Two (2) light-emitting diodes (LEDs) indicate:
‘System Armed’
‘System Inactive’

When the key is inserted and turned, the
“System Inactive” indicator lights. The key can
only be removed in the ‘Armed’ position.

Specifications

The typeface is silk-screened on a two-gang,
stainless-steel plate. Model CPY-MTS mounts
to a two-gang-deep bell box or a two-gang-
deep wiremold box, and operates on 24VDC.

Model CPY-MTS has the following ratings:

10 Amps at 250VAC
15 Amps at 125-250VAC
15 Amps up to 30VDC -> {DC rating}

Siemens
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Specifications — (continued)

Either the bell-box panel or wiremold-box panel can
be flush mounted with a two-gang plaster ring on a
deep 4-inch, 1900 square box.

Model CPY-MTS is also available with the key
removable in the ‘armed’ and the ‘inactive’ positions.

Electrical Ratings

Current Draw
Current Draw:
(per LED) 20mA
DC Input Power
Input Voltage: | 24V
Details for Ordering
. L Description
Number Number P
CPY-MTS 500-649851BG Maintenance Switch

Sinorix™ 6637



Mounting Diagram
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Notice: This marketing data sheet is not intended to be used for system design or installation purposes.
For the most up-to-date information, refer to each product’s installation instructions.
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