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Desigo® Fire Safety Modular
System 
Rack-Mount Kits
Models MPF-RK | MPR-RK | PTB-RK | BP-RK | XLS-RK19

  Architect & Engineer Specifications 
 Provides standard 19” (48.3

cm) rack mounting for Desigo
Fire Safety Modular System
modules

 Mounts on a standard 19”
(48.3 cm.) wide –x– 18” (45.8
cm.) or 23-5/8” (60 cm.)-deep,
6-foot (1.8m) vertical rack

 UL | ULC Listed (#7165-
0067:0222) Approved

  Product Overview 
The Model `RK’ series of panels and cables from Siemens - Fire provides 
standard, 19” (48.3 cm) rack mounting for Desigo Fire Safety Modular System 
modules. The Model `RK’ series is provided in a (5) five-model single kit:  Model 
XLS-RK is the actual rack mount; Models MPF-RK and BP-RK are front-end, rack-
mounting modules; while MPR-RK and PTB-RK mount in the back of Model XLS-
RK19. 

  Specifications 
The Desigo Fire Safety Modular Systems rack-mounting panels mount on a 
standard 19” (48.3 cm) wide –x– 18” (45.8 cm.) or 23–5/8” (60 cm.) deep 6-foot 
(1.8m) vertical rack.  The rack is supplied with the following:  

 Side | back | top panels
 Front door with clear lens
 Battery tray
 Mounting hardware

The front door has a standard Siemens lock with key. 

 Model BP-RK  Model MPF-RK  Model MPR-RK  Model PTB-RK 

 Rack-Mount Kits 



 

 NOTICE – The information contained in this data-sheet document is intended only 
as a summary, and is subject to change without notice. 
The product(s) described here has/have a specific instruction sheet(s) 
that cover various technical, limitation and liability information. 
Copies of install-type, instruction sheets – as well as the General Product 
Warning and Limitations document, which also contains important data, 
are provided with the product, and are available from the Manufacturer. 
Data contained in the aforesaid type of documentation should be consulted 
with a fire-safety professional before specifying or using the product. 

Any further questions or assistance concerning 
particular problems that might arise, relative to the 
proper functioning of the equipment, please contact 
the Manufacturer. 

 Temperature and Humidity Range
Products are  UL | ULC Listed for indoor dry locations within a temperature range of 120+/-3°F (49+/-2°C) to 32+/-3°F 
(0+/-2°C) and a relative humidity of 93+/-2% at a temperature of 90+/-3°F (32+/-2°C). 

Related Documentation 
MODEL  

OR TYPE 
PART 

NUMBER PRODUCT 

MPF-RK 500-634776
Mounts on any of the following: 

FCM2041-U2 | LVM | FMT | 
FCM-6 | LCM-6 | SCM-8 

MPR-RK 500-634775
Mounts on any of the following: 

CC-5 | CC-2 | PSC-12 |
PSX-12 | ZAM-180

PTB-RK 500-634774 Mounts up to  
two (2) Model PTBs 

BP-RK 500-634777 Blank Plate 

XLS-RK19 500-634778 19" (48.3 cm) Rack Includes: 
Rack, Door, and All Side Panels 

PRODUCT DATA SHEET 
NUMBER 

FAN CONTROL MODULE, FCM-6 
7317 LED CONTROL MODULE, LCM-8 

SWITCH CONTROL MODULE,  SCM-8 

CARD CAGE  FIVE (5) SLOTS:  CC-5 7320 

CARD CAGE  TWO (2) SLOTS:  CC-2 7321 

POWER SUPPLY CHARGER,  PSC-12 

7322 POWER TERMINATION BOARD, PTB 

POWER SUPPLY EXTENDER,  PSX-12 

180W ZONE-AMP MODULE, ZAM-180 7332 

LIVE VOICE MODULE, LVM 7333 

FIREPERSON’S MAIN TELEPHONE, FMT 7335 

OPERATOR INTERFACE, FCM2041-U2 7350 
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