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Carefully read all wiring diagrams prior
to installation to avoid damage to the
device caused by incorrect wiring of
high or low voltages.
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The dimensions are for the Ml [oveass] [ Sximen | [ovenss] [ ]
controller and its mounting Max. hAY vz hAY vz
1 L plate. N 5(3)A 5(3)A 5(3)A N 5(3)A 5(3) A
R EEEH s 0 28R, en (English) zh () en (English) zh (10)
L, N AC 230V operating voltage TEBERN AC230V Q1,Q2,Q3 Fan control output (relay output) U 4% B8 285
M Input reference ground for Y50 Y50 (NS S#Eith Q4 Bypass output SR
Y50 DCO...10V output DCO...10 V &t Q5 Externallinternal circulation output HNERIR BB
m1  1-/2-13-speed fan, DCO...10V 1-/2-13-&XH, DCO...10V
fan X
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Operating instructions / 2 {Ei}tEA

Parameter list | %%

Parameter Description Factory Setting range Adj.
Overview / %3 B8 SRR setting  REEE BXic
HIRE x7
@ @ PO2* Operation using operating mode 1 1=0ON - OFF
(‘Status symbols / KESEFR — ‘ ) Operational symbols / EZ{TER selector 2=0ON - ECO - OFF
1. Keylock e @-{= Sl 11. Home | 5T BITRHRIETN 1=TR - X
2. Delay-off timer / SERYiHATES - 12.0n/Off | FZ 1 %1 = THE ;
3. Alarm | Service reminder | £ 1l 55428 | (3 & 13. Cancel or return | BUAELE[E 2= FF15 - T5RE - XA
4.FAUECO mode J IR AEET, | @) | 14 setting 112 P14 Keylock | IR{BHIE 0 0 = Unlock / @4
5. Manual fan mode  FEH R (2 &% @ 15. Fan mode or fan speed mode / 1 = Fan speed adjustment only /
7. Internal circulation / NEFE= SIEF = 2 ® RS el REE \p N ! Y
& ir;i'yza%?%;\a(%o;égs Bypass)/ @77@ BBB‘B = @ TG.lgﬂF&eiﬁg}decrease orselect/ 5 ?Jﬁl«:zﬁkj;ﬁ%%ﬁ
AP 275 ka < > LR B E = rull loc D1
C' Eﬁiggjg;‘iggég;m Bypass)t \N« o m @1? 17 ?g;;g;\"%"ﬁ;;g““em/ P24* Select bypass (external circulation 0 0 = Disable / ZF
Other symbols  H B ?.; — 5 % O0\0 @ 18. Confirm / #5iA only) | iE#E55R%  ({NIMNEBAEER) 1=Enable/BH
6. Parameter values, etc. | S¥{E%Z p25* Select EXT/INT circulation 0 0 = Disable / 2£F
10. Secondary display | Z4R @R SIEMENS ‘ ‘ Li?%?l\g’lz/m%mfﬁﬂi 1 =Enable/ )=
& ® P26 FAU ECO mode | FiR 35kt T=15  2=24
1) Timer with delay Off / FERFitAHEE O Select time ratio within one hour 3=33; 4=42
When P28 = 1, press and hold (O icon for more than 3 seconds to enter delay-off timer mode. Use RIMEI G ThT i8] EL £ 5=51
the + or — button to change the time up to 23 h and use the % (v) button to confirm the change. P27 Operating mode after power 0 0 = Previous operating mode / —&{TEI
Countdown begins once the controller returns to Normal mode (refer to Parameter list below). failure 1=0FF | %
Lp2g =10, T O @3 NI EEER. F + - BEXMERAE 23 /\W3HER e EREEI TR 2 =ON (Normal mode) | FFlF (+REHER)
() RIBAER. BHSEDIEERE, EETS (B8 SRIR) . P28 Timer with delay Off (Oupto 23 1 0= Disable | $F3
hours, 0.5 h) 1=Enable /| 2H
Changing control parameters | EXXS 5 SERSETEE (0 F 23/, 0.5
AN:Sp)
P54* FAU fan type selection 3 1=1-speed | 1 FXH; 2 = 2-speed / 2 RXH]
XN ZEBYE 3 = 3-speed / 3 FEXHL
4 =DCO...10 V (ECM fan) | ECM [X#l
P55 ECM fan max. output 80 % ECM fan min / ECM XINL&/)Nigit... 100 %
ECM XML& K5t
P56 ECM fan min. output 30 % 1 %...ECM fan max. | ECM XNl & KAt
ECM XML&/ )N
P59 Fan minimum On time 2 min | 1.6 min/ 6 7§
X &2 B EhaT i) 2 34
P71 Restore factory setting 0 0 = Disable | Z2F
BHH 1®E 1 = Reload start / FFI4E %
P98* Enable Chinese text display 1 0 = Disable / 2F
BRPXFFHFRET 1 =Enable/ B

# Please record all changes you make. / {EiCREFEHEIER.
Press and hold the + and - buttons simultaneously for more than 3 seconds. To download the latest documentations and applications, go to: | 307 FNEEF AR, 1EiAlA) : http:/isiemens.com/bt/download.
Service level: Release the buttons, and within 2 seconds, press and hold + until Pxx is displayed.
Expert level: Release the buttons, and within 2 seconds, press and hold - until Pxx is displayed.
Press + or - (< or >) to access the desired parameter and the value of the selected parameter is displayed.
Press %5 (¥') to edit the value of the required parameter.
Press + or - to increase | decrease or select a new value of current parameter during editing.
Press (¥') to confirm the new value or press & (D) to cancel the change, and repeat steps 3 to 5 to change more
parameters.
Press (O (ﬁ) to exit the parameter setting mode.
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* The parameters are critical and must be set according to the selected equipment during commissioning. Please see Datasheet
(A6V13375649) for further details, such as diagnostic parameters d06, etc. | Xt BB SEH A M RIS I PRIBIMERNIE ZHTIRE.
BLIERINZHISE do6 45, WS IEIER (A6V13375649).

Open Source Software / FFJEE {4 (0SS)

All open source software components used within the product (including their copyright holders and the license conditions) can be found
from the website https://lwww.siemens.com/download?A6V12983911. | F= S ERRIFAE FFRIFAL (BIEERMUFEEMFTEM)
IR MRAEG https:/lwww.siemens.com/download?A6V12983911 FkE],
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