SSD Actuators Comparison

Current vs. New

More functions, applications and opportunities

usa.siemens.com/valves

Attribute

Current SSD Actuators

New SSD Actuators

Size (inches)

Fail-in-place

3.25H x 1.9W x 3.25L

3.8Hx1.9W x 5.2L

Fail-safe

3.85H x 2W x 5.5L

3.8H x 1.9W x 5.2L

Operating Voltage

Modulating fail-in-place

AC 24 V +20% or

AC 24 V (+ 15 %) or

DC 24 V +25% DC 24 V (+ 20 %)
Floating fail-safe AC 24 V +20% AC 24 V (£ 20 %)
. . AC 24V (15 %) or
- 0,
Modulating fail-safe AC 24 V £20% DC 24 V (= 20 %)
Power Consumption
Modulating fail-in-place 2.5 VA max 3.5 VA (AC); 1.5 W (DC)

Floating fail-safe

2 VA normal operation
3 VA at ultra cap load

3 VA (AC); 1.5 W (DC) normal operation
6 VA (AC); 4 W (DC)
ultra cap charging

Modulating fail-safe

2 VA normal operation
3 VA at ultra cap load

3.5 VA (AC); 1.5 W (DC) normal operation
8 VA (AC); 4 W (DC)
ultra cap charging

Close-off and leakage

Normally closed

w/ Class IV leakage

Normally open 200 psi 200 psi
Y op w/ Class IV leakage w/ Class IV leakage
45 psi 200 psi

w/ Class IV leakage

DIP switches

Floating fail-in-place (2024) No None
. L 1) Equal Percentage/Linear
Modulating fail-in-place No 2) Direct/Reverse Acting
Floating fail-safe No 1) Fail Up/Fail Down
1) Equal Percentage/Linear
Modulating fail-safe No 2) Direct/Reverse Acting

3) Fail Up/Fail Down

Conduit adapter

(modulating actuators only)

Fail-in-place Accessory required for flex conduit only Threaded integrated conduit adapter
Fail-safe Integrated adapter for flex conduit only Threaded integrated conduit adapter
Operation
LED No Yes (3)
Position indication Analog dial LED (3)
Position feedback No Yes

SIEMENS




	SSD Actuators Comparison�Current vs. New

